
IP20

 Product luminaires comply with EN60598 and are suitable for use in normal interior conditions.
o o

 This luminaire has an ambient temperature range of -10 C to 25 C for the non-emergency version
o o

 For Emergency variants - This luminaire has an ambient temperature range of 5 C to 25 C, to ensure the batteries work correctly
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Connecting to mains:
Connect mains supply cable to plug supplied (as shown below)
Connect plug to socket from luminaire
Ensure mains supply is switched off

MUST NOT BE HIGH VOLTAGE
OR MEGGER TESTED

LUMINAIRES MUST BE EARTHED

ENSURE COVERS ARE USED
WITH CONNECTORS

IP54
TO FRONT
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TO BACK

SIDE

Use 3mm 
hexagon driver to 
disengage all 
panel screws then 
remove panel 
assembly from 
housing. 

Connect power 
lead then draw 
fitting up into 
ceiling grid using 
MSBK bearer 
brackets 
(Supplied) fully 
tighten all 4 
bearer bracket 
screws.  

Open lazy bend tab to 
allow the bearer 
through. Slide bearer 
down slot and tighten 
when in correct 
location. Close lazy 
bend tab to retain 
IP20 rating.

Use plain white labels 
supplied to cover bearer 
slots to avoid debris 
ingress from behind 
ceiling system.
Once complete attach 
earth lead then re-fit 
panel, evenly tighten all 
8 fixing screws to 
1.5Nm.

a.
b.

c.

d.

Important Note
The luminaire frame is sealed to IP54, if a seal into the ceiling 
void is required, it’s the installers responsibility to seal the rear 

of the housing trim to the ceiling system using a suitable gasket 
or sealant.

Note
This fitting is for ‘draw up’ applications only (Supplied with 

MSBK bearers as standard). Suitable for most solid ceilings.  For 
mounting into plasterboard, order MSBKP bearers separately. 
Max ceiling thickness when using MSBKP is 30mm. For other 

ceiling systems, order correct bearers to suit.

Due to position of side 
entry mains connector, 
MAX ceiling ‘T’ height is 
55mm to avoid a clash
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DALI Input
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Safe Operation

1. Check the rating label for voltage and frequency before connecting this luminaire to the electrical supply.

2. Ensure that the mains supply is switched off when working on this luminaire, whether installing or carrying out any other servicing.

3. Do not mount luminaire on or close to readily flammable materials.

4. To prevent damage to driver, do not mix with conventional magnetic ballasts on the same electrical circuit.

5. Where use in more onerous situations is required, e.g. In part-completed buildings before “drying-out” is  completed, or areas where ambient temperatures are outside the   
    normal temperature range, then consult our Sales Office.

6. The light source contained in this luminaire shall only be replaced by the manufacturer or his service agent or a similar qualified person.

7. When used as intended this product complies with the EMC Directive 2014/30/EU.

8. DO NOT alter dip switch settings

Servicing and Disposal 

1. At commissioning and handing over of installation ensure that a copy of these instructions is presented to  the authority responsible for the operation and maintenance of 
   the luminaries.

2. Servicing, e.g. cleaning, must only be carried out after the electricity supply has been switched off.  It must not be assumed that luminaries with light sources not lit are 
    switched off-always check before servicing.

3. Cleaning should be carried out at regular intervals to ensure that dirt does not accumulate to an extent that will impair the thermal safety or optical performance of the 
    luminaire.  Regular cleaning will also ensure that the optical performance of the luminaries is maintained.

4. Avoid touching the LED array surface. To clean - Blow surface with either dry air or nitrogen gas.

5. At the end of life the luminaire is classed as WEEE under directive 2012/19/EU and should be disposed of in accordance with local legislation.

Luminaire Cleaning

End of Life and Components Disposal

WEEE


